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 MCLL 200

 MCRL 200

 MCRR 200

ORDER    L
(mm)

MCLL 200 200
MCLL 300 300
MCLL 400 400
MCLL 500 500
MCLL 630 630
MCLL 800 800
MCLL 1000 1000
MCLL 1200 1200
MCLL 1250 1250
MCLL 1500 1500
MCLL 2000 2000
MCLL 2500 2500
MCLL 3000 3000

+5
-0

ORDER    L
(mm)

MCRL 200 200
MCRL 300 300
MCRL 400 400
MCRL 500 500
MCRL 630 630
MCRL 800 800
MCRL 1000 1000
MCRL 1200 1200
MCRL 1250 1250
MCRL 1500 1500
MCRL 2000 2000
MCRL 2500 2500
MCRL 3000 3000

+5
-0

ORDER    L
(mm)

MCRR 200 200
MCRR 300 300
MCRR 400 400
MCRR 500 500
MCRR 630 630
MCRR 800 800
MCRR 1000 1000
MCRR 1200 1200
MCRR 1250 1250
MCRR 1500 1500
MCRR 2000 2000

+5
-0

L

Ø10

489/16-18

ORFS

L

Ø10

21

9/16-18

ORFS

65

L

Ø10

21

9/16-18

ORFS

65

9/16” UNF
Accessories

MCRL

MCLL

MCRR
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9/16” UNF
Accessories

RBP 10GF 05

MCLTMCRT
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ORDER    L
(mm)

GTLL 200 200
GTLL 300 300
GTLL 400 400
GTLL 500 500
GTLL 630 630
GTLL 800 800
GTLL 1000 1000
GTLL 1200 1200
GTLL 1250 1250
GTLL 1500 1500
GTLL 2000 2000
GTLL 2500 2500
GTLL 3000 3000

+5
-0

ORDER    L
(mm)

GTRL 200 200
GTRL 300 300
GTRL 400 400
GTRL 500 500
GTRL 630 630
GTRL 800 800
GTRL 1000 1000
GTRL 1200 1200
GTRL 1250 1250
GTRL 1500 1500
GTRL 2000 2000
GTRL 2500 2500
GTRL 3000 3000

+5
-0

ORDER    L
(mm)

GTRR 200 200
GTRR 300 300
GTRR 400 400
GTRR 500 500
GTRR 630 630
GTRR 800 800
GTRR 1000 1000
GTRR 1200 1200
GTRR 1250 1250
GTRR 1500 1500
GTRR 2000 2000

+5
-0

ENG ORDER
DEU BESTELL 
FRA COMMANDE
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ENG ORDER
DEU BESTELL 
FRA COMMANDE
ITA ORDINE
ESP PEDIDO
POR PEDIDO  GTRL 200 G GTRL 200

 GTLL 200 G GTLL 200

ENG ORDER
DEU BESTELL 
FRA COMMANDE
ITA ORDINE
ESP PEDIDO
POR PEDIDO  GTRR 200 G GTRR 200
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9/16-18
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9/16-18

ORFS

39

9/16” UNF MINIMESS
Accessories

GTLL

GTRL

GTRR
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A/F 16

39,5
9/16-18G1/8”

ORFS

G1/8”

9/16-18

A/F 16 ORFS

36

23

G1/8”

9/16-18

A/F 16
ORFS

45º

32

2 x 9/16-18

G1/8”

A/F 16

ORFS
(x2)

*

**

30.5

20.5

43

G1/8” 2 x 
9/16-18

A/F 16 ORFS
(x2)*

*

*

60

21

39

3 x 9/16-18

A/F 14

ORFS
(x3)*

*

*

*22

43

9/16” UNF
Accessories

9TL8 9TM9

9LM89EM8

9CM89RM8
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2 x 9/16-18A/F 16

ORFS
(x2)*

* *

27,5

2 x 
9/16-18

A/F 17 ORFS
(x2)*

**

57

9/16-18

9/16-18

A/F 18

ORFS
(x2)*

*

*

27

21

4 x 
9/16-18

A/F 15

ORFS
(x4)*

*

*

**

43

9/16-18

2 x 9/16-18

A/F 18

ORFS
(x3)*

*

*

*
44

27
9/16-18

2 x 
9/16-18

A/F 17

ORFS
(x3)*

*
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9/16” UNF
Accessories

9SR99IM9

9XM9 9CF9

9WF99TF9


