KBK|EHH -14 - 42 SAFETY COUPLINGS KBK/E SERIES
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Disengagement Travel S Keyway optional
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Order Code KBK/EHH -24 - 136 - 20H7 - 30H7 - 20Nm - C o« D - 1

Type Size Length aD1 @D2 Disengagement Torque
(H7) (H7) Torque Range

C = Single Position D = Multi Position Engagement

Dimensions (mm) - Technical Data
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Material collet clamp: aluminium

spider element: polyurethane 98 Sh A (red)

Keyway optional acc. DIN 6885
biggest bore marked with a #
Temperature Range -30 °C ~ 120 °C
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